GRUNDFOS INSTRUCTIONS

SMART Digital XL

DDE

60 - 200 I/h
(15.8 - 52.8 gph)
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operating instructions DDE
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DDE

DDE 60-10 ~556 ml/]L ~278 ml/]L ~0.56 ml/]L
DDE 120-7 ~11.58 ml/JL ~579 mi/]L ~116 ml/JL
DDE 200-4 ~1930 mi/JL ~9.65ml/JL ~193ml/JL
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Installation and operating instructions DDE
net.grundfos.com/qr/i/98767824

Service kit catalogue
net.grundfos.com/qr/i/96488862 23
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