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Max. 8 bar/ 0.8 MPa (" N\

) A SCALA1325 10m/32ft
SCALA13-35  15m /49 ft
- 4{ SCALA13-45 20m/65ft
SCALAI525 10m/32ft
SCALA15-35 15m /49t

SCALAT5-55  25m/82ft
[

- Voltage and

frequency qi é
- Ambient

temperature

3-25Max.5bar /725 psi /05 MPa
3-35Max.4 bar /58 psi /04 MPa
3-45Max.3 bar /435 psi /03 MPa —
5-25Max.5bar /72,5 psi /05 MPa
5-35Max.4 bar /58 psi / 04 MPa
@ 5-55 Max. 2 bar /29 psi / 02 MPa

Grunpros X

Min./Max.
0°C-+45°C/
32°F-+113 °F

—
Max.8m /261t




163 mm/
6.4 inch
}
135mm/
5.3inch
)f
174 mm/
6.9 inch
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SCALA1

SCALA1

Max. 5 min.
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SCALA1
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X External input

Run on input only

Input open

Input closed

http://qr.grundfos.com/i/99735528
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SCALA1
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off
(default)
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ECM: 1365136

GRUNDFOS Holding A/S
Poul Due Jensens Vej 7

DK-8850 Bjerringbro

GRUNDFOS »\

Tel: +45 87 50 14 00
www.grundfos.com



